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NOTE :
1. ALL DIMENSIONS ARE IN mm. ANGLES IN DEGREES
2. REFER JEDEC MO-246

oo
=5 DIMENSION IN MM
o0 SYMBOL ZyNTT NoM | MAX.
- A |081 | 092 | 1.03
o A 027 [ 032 [037
D | A2 | 054 | 060 | 0.66
B s o b 035 | 0.40 | 0.45
oo D |7.90 | 800 | 810
5 E | 290 | 300 | 3.10
> SE 0.325 BSC,
D SD 0.325 BSC.
—| & ET 1.95 BSC.
- D1 7.15 BSC.
e 0.65 BSC.
') \Um.\m ICOM’ DATE: 03/26/14

Enabling Serial Connectivity

DESCRIPTION: 48-Pin, TFBGA 3X8mm

PACKAGE CODE: NM (NM48)

DOCUMENT CONTROL #: PD-2181

REVISION: A
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